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Light It Up

Single Color Multi-Voltage LED

mDescription

This LED builds with internal resistor to operate with wide operation

voltage of DC3-15V.

mFeatures

® Wide Input Voltage

® Cost Saving and Space Saving @

¢ Diffused Type

mApplications

Toys/Game/Audio
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TTL/Cmos Compatible

Arduino/Pi Pico/Steam Kit

LED with built-in resistor
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mElectrical -Optical Characteristics (Ta=25C)
8mm Multi- Voltage LED
LED P/N OSR58164A-VV | OSY58164A-VV | OSB58164A-VV | OSG58164A-VV | OSM58162A-VV | OSW58162A-VV
Light Color Red Yellow Blue Pure Green Warm White Cool White
Lens Color Red Diffused Yellow Diffused Blue Diffused Green Diffused White Diffused White Diffused
Wavelength*1/Color Temperature*2 620-630nm 585-595nm 465-475m 520-530nm 2700-3300K 8500-18000K
Luminous Intensity(typ.)*3 150mcd 150mcd 100mcd 400mcd 400mced 400mced
Forward Voltage(typ.) v v EAY v v EAY
Forward Current(typ.) 8mA 8mA 7.5mA 7.5mA 7.5mA 7.5mA
Viewing Angle(typ.) 60° 60° 60° 60° 60° 60°

*1 Tolerance of measurements of dominant wavelength is +1nm
*2 Tolerance of measurements of color temperature is +10%
*3 Tolerance of measurements of luminous intensity is +15%
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The new EU chemicals legislation
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OBSERVE PRECAUTIONS
ELECTROSTATIC
SENSITIVE DEVICES
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