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Ratchet handle

Description
Ratchet accepts drive sockets for assembling threaded joints.

Characteristics
 chromium-vanadium alloy steel body

 adjustable telescopic body for increasing pressure force

 high-grade chromium-molybdenum alloy ratchet mechanism

 72-tooth ratchet mechanism

 working angle of 5°

 the direction of rotation switch right / left

 quick-release coupler

 bi-material ergonomic anti-slip holder for sturdy and secure grip for increased efficiency

 hanger made of plastic material

Technical data
1/4”, 3/8”,1/2”

1 pc 

5 pcs

alloy steel CrV 

alloy steel CrMo ratchet mechanism

1/2" HT1R322 5901867145932

1/4" HT1R324 5901867145918

3/8" HT1R328 5901867145901
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