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Product description
114 Piece Screwdriver & Bit Set.

Charakteristics

e screwdrivers and bits made of high-grade S2 alloy steel;

e additional accessories made of high quality chrome-vanadium alloy steel;

e durable, deformation and damage proof;

e hardened and sandblasted screwdriver blade for better stability of the shaft;

e magnetic shaft for better precision and comfort;

e two-component handle with specially formed anti-slip surface for increased tightening torque;
e comes in a practical plastic stand that allows you to store all elements.

Set includes:

16 screwdrivers

Flat screwdrivers: 3 x 75 mm, 5x 75 mm, 5 x 100 mm, 6
x 100 mm, 6 x 150 mm, 8 x 150 mm

Cross screwdrivers: PHO x 75 mm, PH1 x 75 mm, PH1 x
100 mm, PH2 x 100 mm, PH2 x 150 mm

Torx screwdrivers: T10 x 75 mm, T15 x 75 mm, T20 x 75 mm
Square screwdrivers: ST x 75 mm, S2 x 100 mm

Screwdriver bits on socket 1” (48 pieces])
3mm,3mm, 4 mm, 4mm,5mm,5mm, 6 mm, 6 mm
PHO, PHO, PH1, PH1, PH2, PH2, PH3, PH3

T10, T10, T15, T15, T20, T20, T20, T25, T25, T25, T27,
T27, T30, T30

H3, H3, H4, H4, H5, H5, H5, H6, Hé, H6

S0, SO, S1, S1, 52, 52, S3, S3

Hexagonal screwdrivers (16 pieces)
1,5 mm, 2,0 mm, 2,5 mm, 3,0 mm, 4,0 mm, 5,0 mm,
5,5mm, 6,0 mm
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17167, 5/64", 3/32",1/8",5/32", 3/16", 7/32", 1/4"

Precision screwdriver bits (20 pieces)

PHO000, PHOOO, Y000, Y000

0,8 mm, 0,8 mm, 1,2 mm, and 1,2 mm

T4, T4, T5, T5, T6, T6

1,0 mm, 1,0 mm, 1,5 mm, 1,5 mm, 2,0 mm, 2,0 mm

Nut Drivers (6 pieces)
6mm, 7 mm, 8 mm, 9 mm, 10 mm, 11 mm

Precision screwdrivers (6 pieces)

SL2,0x 40 mm, 2,0 x 40 mm, 2,5 x 40 mm, PHOO x 40
mm, PHO x 40 mm, T6 x 40 mm, T8 x 40 mm
Precision bit adapter

Socket adapter
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