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PRODUCT INFORMATION SHEET

Hydraulic cutter

Description
Manual cutter with a hydraulic cylinder and replaceable jaws, designed for cutting bars and wires with 
a diameter of 4 to 16 mm. It is most often used to cut bars and wires used in concrete reinforcement.

Characteristics
  pressing force 80 kN / 8 tons;
  hardness of the jaws 50-55 HRC;
  cutting diameter from 4 to 16 mm;
  working elements made of forged steel, handle covered with soft plastic;
  packed in a handy suitcase;
  total length 410 mm;
  weight 3.84 kg.

HT3B548 5902801268809 4 - 16 mm 1 pc 1 pc
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