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Pneumatic Impact Wrench

PRODUCT INFORMATION SHEET

Product description
The tool is widely used in garages, tyre service and mechanical workshops. Used to loosen and tighten bolts 
and nuts.

Charakteristics
  durable, aluminium-composite body;
  light and well balanced centre of gravity;
  3-stage rotation control;
  left/right rotation switch;
  air outlet at the bottom of the handle;
  TWIN HAMMER impact mechanism;
  1/2” spindle;
  power range up to 1500 Nm;
  1/4” air connection;
  working pressure 6,3 bar / 90 PSI;
  air intake 155 l/min
  speed 8000 RPM;
  weight 2,2 kg.

Technical data

HT4R623 5902801250613 1500 Nm 1 pc 10 pcs

1/2" 1500 Nm 90 PSI/
6.3 BAR 1/4" 8000

RPM

composite 2.2 kg


