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270 Piece Rubber Gasket Set

PRODUCT INFORMATION SHEET

Product description
A set of professional round gaskets made of NBR (nitrile elastomer) rubber for use in gas and air conditioning 
systems and for automotive use.

Charakteristics
  green;
  working temperature -50°C-125°C;
  resistance to: ozone, oil, mineral oils, lubricants, vegetable and animal oils, fuel oils, gasoline, propane-butane 
gas, dilute acids, bases and salts, acid gases, glycol mixtures;
  low abrasion, gas permeability;
  low permanent deformation;
  effi cient, convenient and accurate sealing;
  come in a convenient box with compartments.

Set includes gaskets

Ø 5,29 mm 1,78mm 20 pcs.
Ø 6,07 mm 1,78 mm 20 pcs.

Ø 6,80 mm 1,90 mm 20 pcs.

Ø 7,65 mm 1,78 mm 20 pcs.

Ø 7,80 mm 1,90 mm 20 pcs.

Ø 8,00 mm 2,00 mm 20 pcs.

Ø 8,80 mm 1,90 mm 20 pcs.

Ø 10,82 mm 1,78 mm 15 pcs.

Ø 10,77 mm 2,62 mm 15 pcs.

Ø 11,00 mm 2,00 mm 15 pcs.

Ø 12,00 mm 2,00 mm 15 pcs.

Ø 13,90 mm 1,80 mm 10 pcs.

Ø 13,95 mm 2,62 mm 10 pcs.
Ø 10,00 mm 2,00 mm 10 pcs.
Ø 15,00 mm 2,00 mm 10 pcs.

Ø 17,00 mm 2,00 mm 10 pcs.

Ø 17,70 mm 1,78 mm 10 pcs.

Ø 17,04 mm 3,53 mm 10 pcs.

Technical Data

HT8G508 5902801297618 Ø 5,29-17,70 mm 5 pcs. 20 pcs.

NBR x270


