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Product description
Manual lubricator for workshop applications. Designed for use in heavy industry, industrial machines,
construction machines, cars, delivery trucks, and lorries.

Characteristics

® designed for 400-g lubricant sticks;

® 4-jaw tip;

® maximum working pressure: 550 bar;

® M10 x 1 metric connection threads;

@ 300-mm hose with a 4-jaw tip and a 150 mm steel tip included;
@ hand-operated piston with additional sealing;

® plunger for the pump features high accuracy of fitting to the shape of the cylinder (no apparent lubrication);
® vent valve;

® aluminium head;

® single pumping dose: 1.2 cm53;

@ dimensions: 56 x 1 x 280 mm.
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