KS for plug SE-050

KS-050 35 EO8
Item KS-05035E08

Prices and delivery times on request.
Technical changes reserved. 11/22 EN

imgurm

Partner for Future Technology

INGUN SELECTION

ingun.com

RECEPTACLES


https://ingun.com/en-GB/detail/2bf09c4baf865149a081ecef2db007d1
https://ingun.com/en-GB/detail/2bf09c4baf865149a081ecef2db007d1
http://www.ingun.com

KS for plug SE-050 i .
KS-050 35 E08 e inQumMm

[tem KS-05035E08 F SGLE Partner for Future Technology

General data INGUN SELECTION
Product group Receptacles (KS)

series K5-050 £0.96L038]  71.04[041]
Sub-series KS-050 press-in version

Type of receptacle connection Plug / open _ I

Press ring Yes i

Surface area Gold 7.91.311]
Collar diameter 1.05 mm [.041 in] 40.64[1.6]

Collar height 7.9 mm [311in] ‘

Knurl No

Vacuum-tight No

RoHS-compliant Yes )

Mounting hole

Mounting hole in CEM1 0.96 - 0.98 mm [.037 - .038 in]
Mounting hole in FR4 0.97 - 0.99 mm [.038 - .038 in]
Mounting hole with press ring in CEM1T ~ 0.96 - 0.98 mm [.037 -
.038in]

Mounting hole with press ring in FR4 0.97 - 0.99 mm [.038 - .038
in]

Mechanical data

Total length 40.6 mm [1.59 in]
Outer diameter 0.95 mm [.037 in]
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