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       CONFIGURATION DETAILE OF
UNDIMENSIONED FEATURES MAY VARY

DATEDIMENSIONAL TOLERANCES
UNLESS OTHERWISE NOTED 2direct GmbH

NOTES:
 ELECTRICAL:
1.Contact Resistance     : 20MΩ MAX
2.Insulation Resistance  : 500MΩ MIN @ 100V DC min
3.Withstand Voltage      : 1000V AC
4.Voltage, Current：125V AC 1.5A 25℃
 MECHANICAL
1.insertion force&withdrawal force:30N MAX.
2.RJ45 Contact Life: 750 Times Min
 ENVIRONMENTAL:
1.Storage    : -40°TO+70°
2.Operation  : -10°to+60°
RoHS 2.0 and REACH Compliant
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REMARKQT'YSPECIFICATION STANDARDPARTS NAMENO.

MATERIAL LIST:
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Housing

Contact blade

Gold plating

Colour

Conductor

POLYCARBONATE UL 94V2 used for the cable with the insulation OD from 1.2-1.45mm

COPPER ALLOY

50u"

Stranded&solid Cable

Transparent
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Shell
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10/31/19
1

MP0030 MP0033

Copper nickel plating

ITEM NO. PACKING

MP0030

MP0033

10PCS/PE BAG

50PCS/PE BAG

Shielded modular plug for CAT8.1/CAT.6A
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MP0030   MP0033

PE BAG+LABLE

LABLE

shipping mark
side mark

Outer carton Outer carton

“工”Sealing

：2D

Five layer corrugated carton(outer carton):

PACKING 
10PCS/PE BAG+LABLE(LABLE SIZE: 50X70MM)

TOTAL 5000PCS PER CARTON(CARTON SIZE: 43*34.5*29CM), 
WITH STANDARD SHIPPING MARK 

50PCS/PE BAG+LABLE(LABLE SIZE: 100X140MM)

Shielded modular plug for CAT8.1/CAT.6A
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