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iPixel LED Light Co ., Ltd

300mm flexible filament led flex

Product Datasheet

Product Description:

This flex led strip uses COB LED chip,
162leds/pcs,
DC24V constant voltage operation
Flex PCB with white color

Product Number CY-FRX3002-M189 Luminance/pcs 87Im
Operating Voltage DC24V Ra 80
Power/pcs 0.8W Beam Angle /
SMD Type COB Size (mm) 300 * 1.8mm
LED Qty/pcs 162 IP Rate IP20
Color Blue/Green/Red/2200K Operation Temperature -25~60°C
Pixel/M / Material FPC
Control / Cutting Length /
Wavelength R:620-625 G:520-525 B:460-465nm Net Weight/Roll /
Outline Dimension nit: mm)
1.8mm/0.07in

www.ipixelleds.com

Tel: 0086-755-85257292

300mm11.81in

Web: www.ipixelleds.com

Add: 7F, Mingjinhai Complex Building, Tangtou Rd, Shiyan Town, Baoan, Shenzhen, China. 518108
E-mail: inquiry@ipixelleds.com
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