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NEW RELEASE JLZ 05/06/22’

e

Notes:
Specifications:

1.
2.
3.
4.
5. Voltage Rating:1000V AC rms.
6.

Contact Resistance: 256mQ Max.

Insulation Resistance: 1000MQ Min.

Dielectric Withstanding Voltage: 1500V AC(rms)
For 1 Minute.

Current Rating:15-30A.

Temperature: -40°C~+85°C.

Materials:

1.
2.

Insulating material:PBT+PC.
Waterproof Plug: Silicone rubber,Black.

Product Number Code:
DS1162-01 — X X X X X

L Packing Type

P: Polybag
Housing color
B: Black
Mounting type
C: Crimp type
Connector type
M: Male

No. of contacts

Male Connector Body Male Contact 1: 1Pin
Waterproof Plug
GENERAL TOLERANCE| ANGLE TOLERANCE [ PROJECTION @__g_ TITLE Solar Connectors Wire to Wire
W/ Lock T Mal
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2. Insulation Resistance: 1000MQ Min.
3. Dielectric Withstanding Voltage: 1500V AC(rms)
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1 = Notes:

1 —— Specifications:

1 [ 1. Contact Resistance: 25mQ Max.
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Female Contact

Female Contact
Female Connector Body

Waterproof Ring

Cable Screw Joint

Waterproof Plug

For 1 Minute.
4. Current Rating:15-30A.
5. Voltage Rating:1000V AC rms.

6. Temperature: -40°C~+85°C.
Materials:
1. Insulating material:PBT+PC.

2. Waterproof Plug: Silicone rubber,Black.
Product Number Code:

DS1162-01

- X X X X X

L Packing Type

P: Polybag

Housing color

B: Black

Mounting type

C: Crimp type

Connector type

F: Female

No. of contacts

1: 1Pin
GENERAL TOLERANCE| ANGLE TOLERANCE [ PROJECTION @__g_ TITLE Solar Connectors Wire to Wire
X. +0.60 X, L5 UNITS mm W/ Lock Type (Female)
X +0.38 X +3 SHEET SIZE A4 SERIES | DS1162—-01 SERIES
XX +0.25 XX +2°
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1
1 Notes:
1 Specifications:
1 1. Contact Resistance: 25mQ Max.
B 2. Wire Range: AWG#10-#14.
k= Material:
1. Contact Material: Copper Alloy.
29.0 Product Number Code:
220 T — DS1162-01 — P C X 00
&b L Contact plating
19.3 6: Tin
‘ 14.4 Mounting type
‘ C: Crimp type
N
Contact type
© B P: Plug
o) Uiy L/
4.60
|y
(ulululyl B ] 8
<
B> Q
GENERAL TOLERANCE| ANGLE TOLERANCE [PROJECTION | @—&F [TITLE| Solar Connectors Wire to Wire
X 1060 X 15 UNITS mm W/ Lock Type(Male Terminal)
X +0.38 X +3 SHEET SIZE SERIES |DS1162 01 SERIES
XX +0.25 XX +2°
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1
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1 Notes:

1 Specifications:

1 1. Contact Resistance: 25mQ Max.

B 2. Wire Range: AWG#10-#14.

s Material:

1. Contact Material: Copper Alloy.
Product Number Code:

T — DS1162-01 — S C X 00

3 L
© Contact plating
— 6: Tin
’ & = N Y A ountng:
ounting type
m .
S E 5 C: Crimp type
L w  — 8 P / Contact type
. = GQ? S: Socket
45
~ g A A A =g= [«'H] I:l
e
21.5
29.1
35.1
GENERAL TOLERANCE| ANGLE TOLERANCE |PROJECTION | @—&F [TITLE| Solar Connectors Wire to Wire
X, +0.60 X, L5 UNITS mm W/ Lock Type(Female Terminal)
X +0.38 X 13 SHEET SIZE SERIES [ DS1162—01 SERIES
XX £0.25 XX E2
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