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This product is in small size that can be bent arbitrarily

Colorful, beautiful and cool 

Using SMD flip chip, high integration, 40 Pixels per meter 

25 mm can be cut, thicker PCB and 1+2 Oz copper

DC12V input, 

Silicon tube waterproof IP65

PCB width is 12mm 

5m per roll, length can be customized

F2811 480 LEDs/m single color
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LED flexible strip

Product Description：

Product �Datasheet

Outline Dimension （unit：mm）

Product�Number

Operating Voltage

LED�Qty/M

Pixel/M

Power/M

SMD Type

Color

Control 

Wavelength

Beam�Angle

Size�(mm)

IP Rate

Operation Temperature

Material

Cutting Length

Net Weight/Roll

Luminance/M

Ra
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IP20 S012480ZB1SF/C1DC12V 3000K/6000K

IP65DC12V S012480ZB1SF/C23000K/6000K
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Note: The parameters are subject to change without notice!

Order number

Wiring diagram
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Strip IP Rate

White PCB

White PCB

FPC
FPC

SILICON TUBE
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