1 x High CRI COB White LED, 1 x Seoul Semi Y11 White LED "2 800 — m BE /\/\m
battery Li-polymer 3,7V 4800 mAh / 2 h 30 min ANSI Compliant }:il LUMENS 36m SLI /—\

Rechargeable Workshop Lamp with a Hook and a Magnet
Eine Werkstattlampe mit Magnet und Befestigungshaken

TOP LIGHT 55 lm 24 cd 10m 23 h 30 min
FRONT LIGHT HIGH 800 lm 332 cd 36m 2h 30 min
FRONT LIGHT MEDIUM | 490 lm 188 cd 27m 7 h 30 min
FRONT LIGHT LOW 255 Im 101 cd 20m 12h
A 19 x 54 x180 mm .
[ JLea)] 234g
6 h 30 min
@ LED Indicator ON - more than MEDIUM
LED Indicator FLASH - less than MEDIUM
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The set includes: cm battery, 2 USB cord
Das Set beinhaltet: cm Akku, 2 USB Kabel

1 x White COB LED / 1 x Seoul Semi Y11 White LED R P~ ™
battery 18650 Li-ion 3,7V 3350 mAh / 2 h 30 min ANSI Compliant }:IZ L6u9£N05 30m FLEXI BEA/\/\

Workshop Lamp with a Magnet

FRONT LIGHT 60 lm 20 cd 9m 14 h Eine klappbare Werkstattlampe mit Magnet
SIDE LIGHT HIGH 600 m 253 cd 30m 2h 30 min
SIDE LIGHT LOW 280 Im 113 cd 21m 8h
A 38 x 45x 327 mm
il [=1] 279 g
o © 4h 30 min (DC5V 1A Input)
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&" IP64  Shock <= USB

Standard Resistant Rechargeable
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The set includes: cm battery, 2 USB cord
Das Set beinhaltet: cm Akku, 2 USB Kabel
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