I 2048MRV I 2548MRYV Tray category #10 (375 x 140mm) 1 /4"

Plastic case size (mm) :
389 x 185 x 66 (0.168 Cuft)
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I 2550MRV Tray category #8 (375 x 187mm) | /4"

Plastic case size (mm) :

389 x 230 x 66 (0.208 Cuft)
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I 2553MRV Tray category #10 (375 x 140mm) 1 /4"

Plastic case size (mm) :
389 x 185 x 66 (0.168 Cuft)
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