« Material - Chrome vanadium steel
« Finishing - chrome plated

T - handle Wrench

| 1195Mm

= 6 Points
= For hexagon head screw
= The handle pin can be removed for another wrench
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119502M H2 127 22 10/200

119525M H2.5 64 127 22 10/200

119503M H3 64 127 22 10/200

119504M H4 90 181 64 10/200

119505M H5 90 182 65 10/ 200 e —— =
119506M H6 105 210 136 6/48

119508M H8 124 250 224 4/32

119510M H10 145 300 386 5/580

Wing Handle torx Screwdriver & Set
| 1153A ]| 23308PR
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Size

1153A05R 75 45 84 35 7 20/200
1153A06R 76 45 84 35 7 20/200

1153A07R 77 45 84 35 7 20/200

1153A09R 19 45 84 35 10 20/200 onten “/®
1153A10R T10 45 84 35 10 20/200 ® e 6 17 T80 T10. 115, T2

1183A16R T15 45 84 35 10 20/200 11563A
1163A20R 1720 45 84 35 10 20/200

Flag Handle torx Screwdriver & Set
| 1163A | 24308PR

KT NO. Size mm mm mmj & @/@
1163A05R 15 45 84 31 6
1163A06R T6 45 84 31 6
1163A07R T7 45 84 31 6 20/200
1163A08R T8 45 84 31 6 20/ 200 Contents gl 0.27 1/20
1163A09R 10 45 84 31 9 20/200 onten L8 “®
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20/ 200
20/ 200

1163A10R T10 45 84 31 20/200 @
1163A15R T15 45 84 3] 20/ 200 1163A
1163A20R 720 45 84 3l 20/ 200

15,76,77,18,719,.T10,T15, T20
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