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10-1/2" Internal-External Heavy Duty Circlip Pliers Set

| 45115PP

= Internal & External circlip pliers 10-1/2" 265 mmL,
maximum spread 45 mm

= Interchangeable tips 0°, 15°, 45°, 90°

= Internal ring 65~140 mm, External ring 65~120 mm

= Interchangeable tips 2.75 mm and 3.00 mm

= Heavy duty pliers with ratcheting locking device large
rings are easily controlled

Contents

=

1 PC. Internal straight circlip pliers

68GS-11
} 1 PC. External straight circlip pliers
68RS-11

—

X 1 Set. 15° Internal interchangeable
68GR-01 ' 9

—_

-l 1 Set. 45° Internal interchangeable
68GQ-01

f .

- 1 Set. 90° Internal interchangeable
68GB-01

—

il 1 Set. 15° External interchangeable
68RR-01

—

e 1 Set. 45° External inferchangeable
68RQ-01

[ Serie | 1 Set. 90° External interchangeable
68RB-01

. 1 Set - Screws (6 PC. M5x0.8)

687701

External Use

KT NO.

45118PP 10-1/2 267 2
68GS-11 10-1/2 267 2
10-1/2 267 2

68RS-11

inch mm

L

Spread O =

inch mm @mm @mm g% §/®
50 - - 1.30 1/10
50 65~140 3 0.31 25/50

50 65~120 2.756 0.32 25/50

16" Internal-External Heavy Duty Circlip Pliers Set

| 45211PP

= Internal & External circlip pliers 16”400 mmlL,
maximum spread 85 mm

= Interchangeable tips 0°, 45°, 90°

= Internal ring 78-155 mm, External ring 88~165 mm

= Interchangeable tips 3.00 mm

= Heavy duty pliers with ratcheting locking device large
rings are easily controlled

Contents

1 PC. Internal straight circlip pliers

68GS-16
=== | pC. External shaight circlip pliers
68RS-16 ¢ PP
/ o
665@1?02 1 Set. 45" Internal interchangeable
f o :
- 1 Set. 90" Internal interchangeable
68GB-02
Y
- © i
68RQ-02 1 Set. 45 External interchangeable
) 1 Set. 90° Ext | intferch bl
68RB02 et. xternal interchangeable
' 1 Set - Screws (6 PC. Méx1.0)
6877-02
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External Use

KT NO.

45211PP
68GS-16
68RS-16

inch

16
16
16

L

mm

406
406
406

o

Spread

inch chgm @ﬁn ég% @/ @

3-1/4 85 - - 3.32
3-1/4 85 78~185 3 0.93
3-1/4 85 88~165 3 0.97

mm
1/6

1/25
1/25





