
6615-116615-06 6615-18

C-clamp Grip Pliers

6615-06 6-3/4 170 50 247 6 / 72
6615-11 11 280 100 790 1 / 20
6615-18 18 456 200 1136 1 / 10

KT NO. Overall length
         inch                       mm

Capacity
mm

g

	▪ C-clamp grip pliers with moving jaw

6625-186625-06 6625-11

6625-06 7 175 54 274 6 / 72
6625-11 11 280 96 840 1 / 20
6625-18 18-1/2 457 200 1220 1 / 10

KT NO. Overall length
         inch                       mm

Capacity
mm

g

MATERIAL -
Jaw : Chrome vanadium alloy steel
Handle : Chrome molybdenum alloy steel

MATERIAL -
Jaw : Chrome vanadium alloy steel
Handle : Chrome molybdenum alloy steel

6615

6625

Wire Twisting Pliers

•	 Grip wire and pull 
down the bar

•	 Pull the lock •	 Pull the knob

	▪ Simple pull action twisting wires into a tight 
uniform fastener

	▪ Material : Chrome vanadium alloy steel
	▪ Twist wire up to 0.04 inch

6121-06X wire twisting pliers 6" 215 250 12 / 48
6121-09X wire twisting pliers 9" 262 380 12 / 48

KT NO. Type L g

6121

PL
IE

RS

346




