
Wire Stripper

• Wire cutter• Wire stripper• Insulated terminal 
crimping

67A1-07

6762-08 0.2-6 24-10 6 0.5-6 22-10 271 15 / 60

KT NO. Wire stripper
mm2     AWG

Wire 
cutter
Ø mm

Insulated 
terminal 
crimping

 mm2     AWG
g

67A1-07 0.05-3.5 30-12 5 209 12 / 60

KT NO. Wire stripper
     mm2     AWG

Wire cutter
Ø mm

g

Cable Stripper

▪ UTP/STP, flat cable stripper & cutter 
▪ Material : ABS

Flat cable stripper / cutter

UTP/STP cable stripper 

RJ-45 (12 mm), 
RJ-11/12 (6 mm)

(Ø 2.6 ~ Ø 8.0)

6755-05 5 127 72 20 / 120

KT NO. Overall length
inch            mm

g

6762-08

6755-05

(Ø 2.6 ~ Ø 8.0)

UTP/STP 
Cable stripper

RJ-45 (12 mm)
RJ-11/12 (6 mm)

Flat cable
stripper / cutter 

612

CABLE

Closed lock

Adjustable
(Blades)

Adjustable
(Spring)

Wire Stripper Pliers

6761-07 0.9, 1.25, 2, 3.5, 5.5 178 271 10 / 60

KT NO. Wire stripper
 mm2

Overall length
mm

g

6761-07
 ▪ Aluminum body design for light weight
 ▪ Special design of strip length setting function for quickly operate
 ▪ SK5 knife
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