
4-way Control Cabinet Key

▪ For all standard cabinets and shut-off systems
▪ For control cabinets and shut-off systems in the supply 

of gas, water and electricity
▪ For technical installations in buildings, e. g. air 

conditioning and ventilation systems, shut-off valves, 
mains switch-boards, etc.

● Outer ring : diameter 14 mm
● Inner ring : triangle height 9 mm

● Outer ring : 14 x 9 mm
● Inner ring : diameter 5.5 mm

● Outer ring : diameter 14 mm 
● Inner ring : 8 x 8 mm

● Outer ring : diameter 11.9 mm
● Inner ring : 6 x 6 mm

Adapter for 1/4" bits

SL bit 1.0 x 7mm & PH2 bit

7HA21 6, 8 9 3-5 PH2 1.0 x 7 89 20 / 200
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7HA21

7E121

11110SQ
1.5 72
2.0 77
2.5 82
3.0 92
3.2 93
3.5 95
4.0 105
4.5 109
5.0 114
5.5 118

Ø
mm

Overall length
mm 10 

 PC.

Premium HSS Metal Drills Bit & Set

7E12115M-1 1.5 72 9 1 / 500
7E12120M-1 2.0 77 10 1 / 500
7E12125M-1 2.5 82 10 1 / 500
7E12130M-1 3.0 92 11 1 / 500
7E12132M-1 3.2 93 12 1 / 500
7E12135M-1 3.5 95 12 1 / 500
7E12140M-1 4.0 105 14 1 / 500
7E12145M-1 4.5 109 16 1 / 500
7E12150M-1 5.0 114 18 1 / 500
7E12155M-1 5.5 118 20 1 / 500
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▪ Material : Premium high speed steel
▪ Application: Stainless steel, alloy steel, metal
 ▪ Fast removal rate using high cutting speeds and fast short chip evacuations
 ▪ 130 degrees split point enables accurate positioning
 ▪ Cobalt-containing provide superior performance for steel drill
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