
▪ Ideal for machine, automobile, farm and garden 
equipments, other vehicles etc.

Lubrication-Grease Gun with 12" Tube
9BU2T

9BU8109
9BU8209
9BU8112
9BU8212

KT NO. L
 inch           mm

Ø
Screw thread

Working pressure
PSI              bar

Burst pressure
 PSI          bar

Capacity
 c.c.         oz

9BU241T 14 360 1/8 x 28 PT 4500 310 10000 700 400 14 1.24 1 / 16
9BU242T 14 360 M10 x 1.0P 4500 310 10000 700 400 14 1.24 1 / 16
9BU251T 14.2 365 1/8 x 28 PT 4500 310 10000 700 500 16 1.63 1 / 16
9BU252T 14.2 365 M10 x 1.0P 4500 310 10000 700 500 16 1.63 1 / 16
9BU8109 9 229 1/8 x 28 PT
9BU8209 9 229 M10 x 1.0P
9BU8112 12 305 1/8 x 28 PT
9BU8212 12 305 M10 x 1.0P
9BU241T / 9BU251T    For general market except North America, Germany, South Africa, Egypt
9BU242T / 9BU252T    For Germany, South Africa, Egypt, etc.
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▪ Ideal for machine, automobile, farm and garden 
equipments, other vehicles etc.

Lubrication-Grease Gun
9BU2

KT NO. L
inch           mm

Ø
Screw thread

Working pressure
 PSI              bar

Burst pressure
 PSI          bar

Capacity
 c.c.         oz

9BU241 14 360 1/8 x 28 PT 4500 310 10000 700 400 14 1.18 1 / 16
9BU242 14 360 M10 x 1.0P 4500 310 10000 700 400 14 1.18 1 / 16
9BU251 14.2 365 1/8 x 28 PT 4500  310 10000 700 500 16 1.52 1 / 16
9BU252 14.2 365 M10 x 1.0P 4500 310 10000 700 500 16 1.52 1 / 16

9BU241 / 9BU251   For general market except North America, Germany, South Africa, Egypt
9BU242 / 9BU252   For Germany, South Africa, Egyp t, etc.
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