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6.06 1 : 2 prong for stranded wire
2 : 2 prong for stranded or solid wire
MATERIAL & FINISH 0 : 3 prong for stranded or solid wire

Housing: PC. UL94V-2, clean
Contact: copper alloy, slective gold plating

Shield: bronze plated nickel
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