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Description ¢ Part Number ¢ Part Number §per Box
i EP-VEP-MB-GR-A : 1SNG605002R0000 : : 1SNG605003R0000 100
: EP-VEP-MB-GR-A : 1SNG605005R0000 i EP-VEP-M8-BL-A : 1SNG605006R0000 100
EP-VEP-M1210-GR-A 1SNG605008R0000 EP-VEP-M1210-BL-A 1SNGB05009R0000 100
EP-VEP-M1210-GR-B 1SNG605011R0000 EP-VEP-M1210-BL-B 1SNG605012R0000 100
............ EP-VEP-M1210-GR-C 1SNG605014R0000 EP-VEP-M1210-BL-C 1SNG605015R0000 100
EP-VEP-M1210-GR-D 1SNG605017R0000 EP-VEP-M1210-BL-D 1SNG605018R0000 100
............ EP-VEP-M12-GR-A 1SNG605020R0000 EP-VEP-M12-BL-A 1SNG605021R0000 100
EP-VEP-M12-GR-B 1SNG605023R0000 EP-VEP-M12-BL-B 1SNG605024R0000 100
EP-VEP-M12-GR-C 1SNG605026R0000 EP-VEP-M12-BL-C 1SNG605027R0000 100
EP-VEP-M12-GR-D 1SNG605029R0000 EP-VEP-M12-BL-D 1SNGB05030R0000 100
EP-VEP-M12-GR-E 1SNG605032R0000 EP-VEP-M12-BL-E 1SNG605033R0000 100
EP-VEP-M12-GR-F 1SNG605035R0000 EP-VEP-M12-BL-F 1SNG605036R0000 100
EP-VEP-M12-GR-G 1SNG605038R0000 EP-VEP-M12-BL-G 1SNGB05039R0000 100
EP-VEP-M12-GR-H 1SNG605041R0000 EP-VEP-M12-BL-H 1SNG605042R0000 100
EP-VEP-M12-GR-| 1SNG605044R0000 EP-VEP-M12-BL-| 1SNG605045R0000 100
EP-VEP-M12-GR-J 1SNG605047R0000 EP-VEP-M12-BL-J 1SNG605048R0000 100
EP-VEP-M12-GR-K 1SNG605050R0000 EP-VEP-M12-BL-K 1SNG605051R0000 100
............ EP-VEP-M12-GR-L 1SNG605053R0000 EP-VEP-M12-BL-L 1SNGB05054R0000 100
EP-VEP-M12-GR-M 1SNG605056R0000 EP-VEP-M12-BL-M 1SNG605057R0000 100
EP-VEP-M16-GR-A 1SNG605059R0000 EP-VEP-M16-BL-A 1SNG605060R0000 100
EP-VEP-M16-GR-B 1SNG605062R0000 EP-VEP-M16-BL-B 1SNGB05063R0000 100
EP-VEP-M16-GR-C 1SNG605065R0000 EP-VEP-M16-BL-C 1SNG605066R0000 100
i EP-VEP-M16-GR-D : 1SNG605068R0000 i EP-VEP-M16-BL-D : 1SNG605069R0000 100
: EP-VEP-M20-GR-A : 1SNG605071R0000 : EP-VEP-M20-BL-A : 1SNG605072R0000 :100
"""""" EP-VEP-M20-GR-B 1SNG605074R0000 EP-VEP-M20-BL-B 1SNG605075R0000 100
EP-VEP-M20-GR-C 1SNG605077R0000 EP-VEP-M20-BL-C 1SNG605078R0000 100
i EP-VEP-M20-GR-D : 1SNG605080R0000 i EP-VEP-M20-BL-D : 1SNG605081R0000 100
............ ¢ EP-VEP-M40-GR-A : 1SNG605083R0000 ¢ EP-VEP-M40-BL-A : 1SNG605084R0000 :50
EP-VEP-M40-GR-B 1SNG605086R0000 EP-VEP-M40-BL-B 1SNG605087R0000 50
EP-VEP-M40-GR-C 1SNG605089R0000 EP-VEP-M40-BL-C 1SNG605090R0000 50
EP-VEP-M40-GR-D 1SNG605092R0000 EP-VEP-M40-BL-D 1SNG605093R0000 50
{ Grey RAL 7001 [ i Black RAL 9005 Il i Pkg
Description Part Number Description Part Number per Box
EP-VEP-SFAF16-GR-A 1SNG605095R0000 EP-VEP-SFAF16-BL-A 1SNG605096R0000 500
EP-VEP-SFAF25-GR-A 1SNG605098R0000 EP-VEP-SFAF25-BL-A 1SNG605099R0000 500
EP-VEP-SFAF120-GR-A 1SNG605101R0000 EP-VEP-SFAF120-BL-A 1SNG605102R0000 500
EP-VEP-SFAF300-GR-A 1SNG605104R0000 EP-VEP-SFAF300-BL-A 1SNG605105R0000 500
............ EP-VEP-SFAF15-GR-A 1SNG605107R0000 EP-VEP-SFAF15-BL-A 1SNG605108R0000 500
EP-VEP-SFAF25-GR-B 1SNG605110R0000 EP-VEP-SFAF25-BL-B 1SNG605111R0000 500

All the main technical data provided are “manufacturer” values
Refers to UL files for precise approval per products
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