
CROSS REFERENCES:

TESLA JIS IEC ENERGIZER DURACELL VARTA

LR20 LR20 LR20 E95 MN1300 4020

TYPICAL SERVICE LIFE:

DISCHARGE RESISTANCE DISCHARGE CONDITION END POINT VOLTAGE SERVICE LIFE

2.2 Ohms 24 Hrs/Day 0.9V 18.0 Hrs

BLACK+   ALKALINE - LR20 / D

www.teslabatteries.com

DESCRIPTION:
Mercury Free Alkaline Manganese Battery,
D Size / Non-Rechargeable
CHEMICAL SYSTEM:
Alkaline Manganese
SHELF LIFE:
7 years
NOMINAL VOLTAGE:
1,5 Volts
NOMINAL DIMENSIONS:
Ø 34,2 mm x 61,5 mm
TERMINALS:
Protruded positive(+) and flat negative (-) contacts
JACKET:
Foil jacket
APPLICATIONS:
All electronic devices, e.g. toys, transistor radios, 
cassette recorders, alarm clocks, portable fans, 
portable hand-tools.
STORAGE TEMPERATURE:
����ŉ&�WR������ŉ&
Should be stored in dry and cool place.
NOMINAL WEIGHT:
145 g

9.5 Maximum
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Unit: mm
34.2 Minimum


