
Hex jam nuts ~0,5d metric fine thread

BN 1207

Standard DIN 439 B (Standard withdrawn), ~ISO 8675, ~UNI 5589, ~ČSN 021403

Material Steel

Property class 04

Surface zinc plated blue

M4; M5; M6: not included in DIN 439, M10; M12; M14; M22: wrench size according to ISO on request

Article no. d1 e min. s m max.

3657320 M4x0,5 7,66 7 2,2

3657321 M5x0,5 8,79 8 2,7

3657322 M6x0,75 11,05 10 3,2

1416049 M8x1 14,38 13 4

1399098 M10x1 18,9 17 5

1416057 M10x1,25 18,9 17 5

1141546 M12x1 21,1 19 6

1416065 M12x1,25 21,1 19 6

1807609 M12x1,5 21,1 19 6

1429590 (M14x1,5) 24,49 22 7

1416073 M16x1,5 26,75 24 8

1429604 (M18x1,5) 29,56 27 9

1416081 M20x1,5 32,95 30 10

1429612 (M22x1,5) 35,03 32 11

1416103 M24x2 39,55 36 12


