All-steel screw clamps

Vf Original BESSEY all-steel screw clamp GZ
z with tommy bar
m 20 % more clamping force per spindle —- N2 <ca> <b> x> 5‘3 &)

rotation with optimised rail profile

m Maximum security with linear transfer _------

of force at the sliding arm “i : GZ16K 160 175x6.8 0.50
[ C|amping force up to 6,000 N = ] GZ20K 200 100 22 x 85 0.93 10
m Fixed jaw and sliding arm are GZ25K 250 120 245x95 131 10
constructed of tempered steel GZ30K 300 140 28 x 11 1.89 10
for resilient clamping - GZ40K 400 120 28x11 200 10
m Tommy bar with rounded ends for GZ50K 500 120 28 x 11 220 5
simple transfer of force when clamping = GZ60K 600 120 28 x 11 240 5
m Pressure plates can be replaced by ' GZ80K 800 120 28 x 11 276 5

hand — no need for tools b -

” GZ100K 1000 120 28 x 11 3.18 5
GZ125K 1250 120 28 x 11 3.65 1

A

Original BESSEY all-steel screw clamp GZ
with swivel handle

Ne <a>  <b> <X> 5'3 )
_------

GZ25KG 250 120 245x95 142

GZ30-12KG 300 120 245x95 150 10
GZ40-12KG 400 120 245x95 1.69 10
GZ50-12KG 500 120 245x95 1.82 10
GZ60-12KG 600 120 245x95 1.99 5

m Clamping force up to 5,000 N
m Fixed jaw and sliding arm are I
constructed of tempered steel i B
for resilient clamping | |
m High-quality 2-component plastic : Ll l J

handle

m Swivel handle can be folded 90° and
rotated 360° without obstruction —
even in areas that are difficult to reach

m Pressure plates can be replaced by
hand — no need for tools

Pressure cap strips SKS (2 pcs./bag)

m For screw clamps ‘ Ne Suitable for
m For gentle clamping
m May be applied on both sides [ N [T

m Cut them to size TG10 to TG20 /
SKS10/20 GZ10 to GZ20 / GM16Z to GM20Z
SKS20/40 TG20 to TG40 / TGK /

GZ20 to GZ60 / GM20Z to GM60Z
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