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SS234
Stainless Steel Extensions

PRODUCT DETAILS

e AISI 420 stainless steel body
* Magnetic
¢ High strength and hardness

e Can be Autoclave Sterilized at 121°C

® Produced according to ISO 3316

PRODUCT ATTRIBUTES

Product ® | O L [s]
§S234-16-100 1/2" 1/2" 100 mm 200 ¢
$S234-16-200 1/2" 1/2" 200 mm 400 g
S$S234-16-250 1/2" 1/2" 250 mm 435 g
$S234-24-100 3/4" 3/4" 100 mm 400 g
$S234-24-200 3/4" 3/4" 200 mm 800 g
§$S234-24-250 3/4" 3/4" 250 mm 1135¢
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https://www.bahco.com/int_en/stainless-steel-extensions-pb_ss234_.html
https://www.bahco.com/int_en/stainless-steel-extensions-pb_ss234_.html
https://www.bahco.com/int_en/1-2--stainless-steel-extension-100-mm-ss234-16-100.html
https://www.bahco.com/int_en/1-2--stainless-steel-extension-200-mm-ss234-16-200.html
https://www.bahco.com/int_en/1-2--stainless-steel-extension-250-mm-ss234-16-250.html
https://www.bahco.com/int_en/3-4--stainless-steel-extension-100-mm-ss234-24-100.html
https://www.bahco.com/int_en/3-4--stainless-steel-extension-200-mm-ss234-24-200.html
https://www.bahco.com/int_en/3-4--stainless-steel-extension-250-mm-ss234-24-250.html
mailto:info@bahco.com
https://www.bahco.com/

