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Description
Reciprocating saw blade for cutting wood, wood-like materials, steel, non-ferrous metals and aluminium.
Ideal for cutting wood materials with metal elements, such as nails.

Characteristics

bimetal blade for cutting materials of various hardness
fast precision cutting

greater durability, long service life

milled teeth

10-14 TPI teeth per inch (progressive tooth design)

cut depth: 3-12 mm

Uwagi
Compatible jig saws:
Bosch, DeWalt, Makita, Festool, Hilti, Hitachi, Metabo, Milwaukee, AEG, Skil, Black&Decker, Flex, Lenox, Rockwell.
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