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Adjustable pipe wrench

Product description

Pipe wrench for plumbing and assembly work. Perfect for loosening and tightening pipes and valves. Wide
application to maintenance and repairs of equipment.

Characteristics

® forged from chrome vanadium alloy steel;

hardened and ground jaws tilted at an angle of 90° provide access to hard to reach places;
abrasion resistant teeth;

adjustable locking nut;

maximum pipe diameter for a wrench:

HT1P506 - 50 mm

HT1P507 - 70 mm

HT1P508 - 80 mm;

made in accordance with DIN 5234;
anti-slip coated handle that guarantees a secure grip and prevents the tool from slipping out of the hand.

Technical data

UL ) gmax | @ | BF

HT1P506 5902801321214 1" -320 mm 50 mm 1 24
HT1P507 5902801321276 1-1/2" - 430 mm 70 mm 1 18
HT1P508 5902801321290 2" -560 mm 80 mm 1 10
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