
Stand size (mm) : 
415 x 336 x 320

▪ Deep impact socket

4466MP-A 87103 5.87 0.54

4466MP-DA
166 PC. socket content

21.63 0.44

4466MP-DB 23.40 0.37

4466SP-A 87103 6.37 0.67

4466SP-D 110 PC. socket content 28.0 0.47

Packing NO. Spec. CuftKg

4466MP 166

8, 9, 10, 11, 12, 13, 14 8
15, 16, 17, 18, 19, 20 7
21, 22, 23, 24 7
25, 26, 27, 28, 29 6
30, 32 5

4466SP 110

5/16, 3/8, 7/16, 8
1/2, 9/16 8
5/8, 11/16, 3/4, 7
13/16, 7/8, 15/16 7
1, 1-1/16, 1-1/8 6
1-3/16, 1-1/4 5

KT NO. PC. Contents Each 
Q'ty

4435M

4435S

4466MP / 4466SP

443534S 1-1/16 38 30 27 80 364 5 / 60 
443536S 1-1/8 41 30 27 80 407 5 / 50 
443538S 1-3/16 42 30.5 30 80 418 5 / 50 
443540S 1-1/4 46 30 32 80 499 1 / 24 
443542S 1-5/16 46 30 34 80 471 1 / 24

KT NO. inch
D1

mm
D2

mm
ℓ

mm
L

mm
g

Impact Socket Set

▪ DIN 3121

483510M 10 16 25 20 52 93 10 / 180
483511M 11 17 25 20 52 88 10 / 180
483512M 12 18 25 20 52 92 10 / 180
483513M 13 19 25 20 52 95 10 / 180
483514M 14 21 25 20 52 99 10 / 180
483516M 16 23 25 20 52 101 8 / 80  
483517M 17 25 25 23 52 106 8 / 80  
483519M 19 27 30 23 52 150 8 / 80  
483521M 21 29 30 25 52 142 8 / 80  
483522M 22 31 30 25 52 158 8 / 80  
483523M 23 32 30 26 52 172 8 / 80  
483524M 24 33 30 26 52 165 8 / 80  
483526M 26 36 30 27 65 241 6 / 60
483527M 27 37 30 27 65 249 6 / 60  
483530M 30 41 30.5 27 65 294 5 / 50  
483535M 35 46 30 32 70 367 1 / 24

KT NO. mm
D1

mm
D2

mm
ℓ

mm
L

mm
g

▪ DIN 3121

493008M 8 13.2 25 20 78 118 6 / 120
493009M 9 14.0 25 20 78 118 6 / 120
493010M 10 15.5 25 20 80 134 6 / 120
493011M 11 16.7 25 20 80 136 6 / 120
493012M 12 18.0 25 20 80 142 6 / 120
493013M 13 19.0 25 20 80 165 6 / 120
493014M 14 20.5 25 20 80 153 6 / 120
493015M 15 21.5 30 20 80 204 6 / 96
493016M 16 23.0 30 20 80 219 6 / 96
493017M 17 24.5 30 23 80 218 6 / 96
493018M 18 25.5 30 23 80 267 6 / 96
493019M 19 27.0 30 23 80 241 6 / 96
493020M 20 28.0 30 23 80 235 6 / 96
493021M 21 29.0 30 25 80 241 6 / 96
493022M 22 30.5 30 25 80 252 5 / 60
493023M 23 32.0 30 26 80 267 5 / 60
493024M 24 33.0 30 26 80 277 5 / 60
493027M 27 37.0 30 27 80 318 5 / 60
493030M 30 40.5 30 27 80 355 5 / 50
493032M 32 42.5 30 27 80 356 5 / 50
493036M 36 45.5 30 32 80 361 1 / 24

KT NO. mm
D1

mm
D2

mm
ℓ

mm
L

mm
g

▪ DIN 3121

493510M 10 15.5 25 20 80 133 6 / 120
493511M 11 16.7 25 20 80 134 6 / 120
493512M 12 18.0 25 20 80 140 6 / 120
493513M 13 19.0 25 20 80 142 6 / 120
493514M 14 20.5 25 20 80 142 6 / 120

KT NO. mm
D1

mm
D2

mm
ℓ

mm
L

mm
g

4466MP 1/2"4466SP

4835M 1/2"

4935M 1/2"

4930M 1/2"
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