Technical data sheet
Straight connector set 60

Iltem no. 6068189

Quick connector set for straight, screwless connections of cable trays and fittings with a side
height of 60 mm.
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-Steel

FS Strip galvanised

Additional product text, instruc- | The continuous earthing connection is guaranteed without a screw connection.
tion

Item no. 6068189

Type RV 630 FS
Description 1 Straight connector set
Description 2 for cable tray
Dimension 60x300

Material Steel

Material symbol St

Surface Strip galvanised
Surface to DIN DIN EN 10346
Surface symbol FS

Smallest sales unit (VG) 10,00 Piece

Weight 24,50 kg/100 pe.

7 x 1 Length 200,00 mm
\ Width 300,00 mm
~ 0 = ! o 0 Side height 60,00 mm
0 Side height 2,00in
& H 0 0 [] lDJ [] 0 [U] Dimension 200x 58,7 mm
Version Straight connector
Plate thickness 0,75 mm
200 Suitable for cable tray v

Suitable for mesh cable tray
Suitable for cable ladder
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Suitable for maintaining electri- | &
cal function

Adjustable connector, horizon- | 0
tal

Adjustable connector, vertical
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1 OBO | Vers. 245168
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Rustproof steel, pickled
Connection type

O
Screwless connector

2 OBO | Vers. 245168
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