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Crimp die sets for other solar connectors

Art. No. 624 000 3 + 624 1194 3 0 + 
624 1194 0 01

Art. No. EAN
4049002

Contact ma-
nufacturer

Capacity Profile Connectors Illustration Range of applications

PEW 12 E-PEW 12 CM 25-1 CM 25-5 CM 25-6

624 071-1 3 0 077814 Wieland

0.14 – 1.0 mm² 
1.5 mm² 
2.5 mm² 
4.0 mm²

• • • • •

624 071 0 016 056741 Locator • • • • •

624 817 3 0 005770
TE Solarlok 
HVT-C

1.5 mm² 
2.5 mm² 
4.0 mm² 
6.0 mm²

• • • • •

624 817 0 01 005763 Locator • • • • •

624 1186 3 0 092121 Tong Ling TL4
4.0 mm² 
6.0 mm² • • • •

624 1186 0 01 092138 Locator • • • •

624 1194 3 0 016059
Amphenol Helios 
H4

4.0 mm² 
6.0 – 10.0 mm² 
2.5 mm²

• • •* •

624 1194 0 01 017407 Locator • • • • •

624 1384 3 0 148262
Amphenol UTX-
C&F/H4 CF

4.0 mm² 
10.0 mm² 
6.0 mm² 
6.0 mm²

• • • • •

624 1384 0 01 148279 Locator • •

* Use of the CM25-1 for a capacity of 10 mm2 depends on the cable insulation thickness.

In
fo For processing solar connectors, RENNSTEIG offers a range of kits with multiple tools in a plastic case. For details, please see the ‘Application-based sets/

kits’ section or visit our website at www.rennsteig.com.


