
72 73Quality tools for cable assembly Your reliable Partner

Crimp die sets for turned contacts

Art. No. 624 000 3 + 624 071 3 0 + 
624 071 0 01

Art. No. EAN
4049002

Capacity Profile Connectors Illustration Plug Ø Range of applications

PEW 12 E-PEW 12 CM 25-1 CM 25-5 CM 25-6

624 071 3 0 014482

0.14 – 1.0 mm² 
1.5 mm² 
2.5 mm² 
4.0 mm²

• • • • •

624 071 0 01 014499 Locator
1.6 / 2.4 / 
2.5 mm • • • • •

624 072 3 0 014529

1.5 mm² 
2.5 mm² 
4.0 mm² 
6.0 mm²

• • • • •

624 072 0 01 014536 Locator 4.0 mm • • • • •

624 073 3 0 028571
4.0 mm² 
6.0 mm² 
10.0 mm²

• • • •

624 073 0 01 028557 Locator
1.6 / 2.5 / 
3.6 mm • • • •

624 074 3 01 028724
10.0 mm² 
16.0 mm² • • • • •

624 075 3 01 028755
6.0 mm² 
25.0 mm² • • • • •

624 079 3 0 019081
2.5 mm² 
6.0 mm² • • • • •

In
fo Assembly and disassembly tools for these connector types can be found under ---> ‘Accessories’.

Turned contacts can also be processed with our ---> ‘4/8 indent solutions’.


