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1651DGTBI/IP Digital vernier, reading to 0.01 mm, degree of protection IP67

ce UNI EN ISO 13385-1 DIN

* Reading to 0.01 mm

 Screw slider locking

* Mm/inch conversion

» Automatic power on by moving the vernier along its rod
* Zero setting at any position

* HOLD function

* Absolute and incremental measurement modes

Degree of protection IP67 provides total protection against dust and liquids,
maintaining the functional characteristics of the vernier, e.g. when it is totally
immersed.
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