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• Collect chuck, Ø 3 mm and 6 mm

Air inlet
0,38 kW

1/4" GAS
6,2 barWorking pressure

20,000 rpmFree speed
Chuck capacity
Power

3 - 6 mm

1,4 kg

10 mmInternal hose size (Ø)
Mean air consumption
Weight

113 l/min

High power


