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MD 4040 RGBW LED Strip

120LEDs/M DC24V

Product Description:

120pcs SMD RGB 4040 LEDs per meter, 5meters/reel
The cutting unit length is 50mm(24V) per section

The PCB is 3 Ounce thick copper

Both ends have 5pin bare wires for powering

3M tape attached on backside of FPC

Product Datasheet

Product Number  S012120TC4PZ Luminance/M R:199 G:563 B:118 W:589Im
Operating Voltage DC24V Ra /

Power/M 30W Beam Angle 120°

SMD Type SMD4040 Size (mm) 5000 * 12mm

LED Qty/M 120 IP Rate IP20/1P64/1P65/IP67
Color RGB+W:3000K/4000K/6000K Operation Temperature - 25 ~ 60 °C

Pixel/M / Material FPC

Control PWM Cutting Length 50mm

Wavelength R:615-630 G:520-535 B:450-460nm Net Weight/Roll /

Outline Dimension(unit:mm)

50mm/1.97in

12m[1_j 0M2h472in

A 5000mm/196.85in

0.22mm/0.008in

120mm/4.72in
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This is a PWM control RGBW color LED strip without Pixel
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Wiring diagram

220/110V AC

DC24V
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Screw Silicone clip End cap

Schematic diagram of maximum bending prevention
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Correct bending method
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Wrong way
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