Hot-melt glue applicator

GlueMatic 1007-LT

EAN 4007841 082161
Article number 082161

Serie 1

Function description

@7 mm

Klebesticks
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Effortless arts and crafts for young and old: The new GM 1007-LT is the entry-level unit for the whole family ensures great bonding results in no time at all

at a low 85 °C.

Technical specifications

Output

Temperature

Warm-up time

Delivery rate

Max. stick diameter
Function, hanger

Idle mode

Stroke adjustment
Temperature, adjustable
Temperature accuracy +/-

Voltage range (min)

Suitable for

Accessories

EAN 4007841 084622

8W
85°C
8 min
4 gr/min
7 mm
No

No
No
No
5°C
220V

Glass, Rubber, Wood, ceramic,
Leather, Paper, Card / cardboard
boxes, Polystyrene, Textiles,
Sheetings

Melt temperature
Thermally stable

Open time

Setting time
Solvent-free

Cord length
Dimensions (L x W x H)
PU1T, net weight
Manufacturer's Warranty
PU1, EAN

Scope of delivery

Power plug

Cristal glue sticks 85°C @ 7mm

Subject to technical modifications

85 °C

0-40°C

10 sec

30 sec

Yes

1.5m

145 x 35 x 145 mm
0,23 kg

3years
4007841082161
incl. 6 glue sticks

Typ C

https:/lwww.steinel.de

09.2023 Page 1 from 2



Hot-melt glue applicator

GlueMatic 1007-LT

EAN 4007841 082161
Article number 082161

Accessories

EAN 4007841 084646
EAN 4007841 084639

Coloured glue sticks 85°C @7 mm
Glitter glue sticks 85°C @ 7mm

Subject to technical modifications
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