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REV. DESCRIPTION

DRAWN

CHECKED APPROVED

A NEW RELEASE

JLZ 08/30/23’

e

Notes:
Specifications:

1. Contact Resistance: 0.25mQ Max.
2. Insulation Resistance: 1000MQ Min.
3. Dielectric Withstanding Voltage: 4000V AC(rms)

For 1 Minute.
. Voltage Rating: 500V AC.
. Cable size: 2.5~10mm3.

. Waterproof rated: IP68.
Materials:

o~NOoO 0N

. Temperature: -40°C~+85°C.

. Current Rating: 50A Max(10mm?).

1. Insulating material: Thermoplastic,UL 94 V-0.

2. Contact: Copper,Tin plated.
3. Sealing: Rubber.
Product Number Code:

DS1162-03 — X X

X X X X

L Cuitable cable type

4: 2.5/4mm?
10: 4/6/10mm?

Housing color
B: Black

—— Contact plating

6: Tin

L Mounting type

C: Cable type

L———————— Connector type

F: Female
M: Male

No. of contacts

3: 3Pin

GENERAL TOLERANCE| ANGLE TOLERANCE | PROJECTION | @& [TTLE] o o oo~ Type
X. +0.60 X. +5° UNITS mm
X +0.38 X 13 SHEET SIZE SERIES | DS1162—03 SERIES
XX +0.25 XX 2
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1 Female A NEW RELEASE | JLZ 08/30/23 o~
} 47.5
1
27.5
1 e
1 |
1 17 Notes:
1 == Specifications:
1 R 1. Contact Resistance: 0.25mQ Max.
1 o 2. Insulation Resistance: 1000MQ Min.
g 3 3. Dielectric Withstanding Voltage: 4000V AC(rms)
; For 1 Minute.
= T 4. Current Rating: 50A Max(10mm2).
ﬁ 5. Voltage Rating: 500V AC.
6. Temperature: -40°C~+85°C.
B 7. Cable size: 2.5~10mmz=.
Male 8. Waterproof rated: IP68.
Materials:
1. Insulating material: Thermoplastic,UL 94 V-0.
48 2. Contact: Copper,Tin plated.
3. Sealing: Rubber.
«L—‘ Product Number Code:
A DS1162-03 — X X X X X X
p—— T TawFT
Cuitable cable type
2:2.5mm? 4: 4mm?
|| i 6: 6mm?  10: 10mm?
()]
Housing color
¥ B: Black
— Contact plating
U )
il 6: Tin
Mounting type
V: Panel type
45.0 Min Connector type
F: Female
M: Male
No. of contacts
3: 3Pin
Panel size

GENERAL TOLERANCE| ANGLE TOLERANCE [PROJECTION | @—&F [TTLE] o o~~~ Type
X. +0.60 X. +5° UNITS mm
X $0.38 X i SHEET SIZE SERIES | DS1162—03 SERES
XX +0.25 XX 2

DRAWING TYPE |CUSTOMER < ﬂ} EE % %‘ IEE —J

SCALE 1:1 [SHEET [ 2 OF 4

(Series Image-Reference Only) DRAWING NO. |C—DS1162—03—Xxxxxx—A | COMANFLY
1 I 2 I 3 4 | 5 6 7 8



Administrator
新建图章


1 : 2 | 4 5 | 6 | 7 | 8
De%t REV. DESCRIPTION DRAWN CHECKED APPROVED
y tl
1 Fema|e 110.8 Ref A NEW RELEASE JLZ 08/30/23 Y
! 73.3
1
1
1
1 Not
1 otes:
1 ;] Specifications:
1 1. Contact Resistance: 0.25mQ Max.
1 2. Insulation Resistance: 1000MQ Min.
4 3. Dielectric Withstanding Voltage: 4000V AC(rms)
52 93.5 Ref 51 For 1 Minute.
4. Current Rating: 50A Max(10mm?2).
5. Voltage Rating: 500V AC.
Biq 6. Temperature: -40°C~+85°C.
i i E 7. Cable size: 4~10mm?2.
8. Waterproof rated: IP68.
I Materials:
1. Insulating material: Thermoplastic,UL 94 V-0.
2. Contact: Copper,Tin plated.
3. Sealing: Rubber.
Male 111.3 Ref Product Number Code:
. DS1162-03 — X X X X X X
‘ L Cuitable cable type
i 10: 4/6/10mm?
i}s
1 Housing color
—> B: Black
Contact plating
93.7 6: Tin
Mounting type
‘ -ﬂ"_ C: Cable type
::] Connector type
‘ | I#E F: Female
M: Male

No. of contacts

5: 5Pin

GENERAL TOLERANCE| ANGLE TOLERANCE |PROJECTION | @& [TTLE] o o oo~ Type
X. +0.60 X. +5° UNITS mm
X +0.38 X 13 SHEET SIZE SERIES | DS1162—03 SERIES
XX +0.25 XX 2
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REV. DESCRIPTION
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CHECKED
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NEW RELEASE

JLZ 08/30/23’

e

Notes:
Specifications:
Contact Resistance: 0.25mQ Max.

Insulation Resistance: 1000MQ Min.

Dielectric Withstanding Voltage: 4000V AC(rms)

1.
2.
3.

o ~NO O

For 1 Minute.

Materials:
1. Insulating material: Thermoplastic,UL 94 V-0.

2. Contact: Copper,Tin plated.

3. Sealing: Rubber.
Product Number Code:

. Current Rating: 50A Max(10mm?).
. Voltage Rating: 500V AC.
. Temperature: -40°C~+85°C.
. Cable size: 4~10mm?2.

. Waterproof rated: IP68.

DS1162-03 — X X X X X X

L Cuitable cable type

4: 4mm? 6: 6mm?

10: 10mm?
Housing color
B: Black
- Contact plating
6: Tin
v .
. Q- Mounting type
93 Min XQ'Q V: Panel type
(])‘bfv Connector type
F: Female
M: Male
N
?o No. of contacts
o eD
o 5: 5Pin
N
Panel size
GENERAL TOLERANCE| ANGLE TOLERANCE @—E}
PROJECTION TTLE 5P AC Connectors Panel Type
X.  +0.60 X. %5 UNITS mm
X +0.38 X +3 SHEET SIZE A4 SERIES | DS1162—-03 SERIES
XX +0.25 XX 12 =
oG T € RmbhTHKA
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