SIEMENS

Karta informacyjna

5TT4101-0

facznik zdalnie sterowany z 1 zestykiem zwiernym, zestyk do AC 230 V 16 A
zasterowanie AC 230 V

Nazwa markowa produktu
oznaczenie produktu
wykonanie przekaznika bistabilnego

SENTRON
tacznik zdalnie sterowany
przetacznik mechaniczny

Ogolne dane techniczne
trwato$¢ elektryczna (w cyklach taczenia)

separacja galwaniczna miedzy cewka elektromagnesu i
zestykiem

napiecie przetgczania zestykdw przy AC minimalny
prad taczeniowy przy AC na zestyk minimalny

moc stratna [V-A] cewki magnetycznej przy impulsie warto$¢
znamionowa

50 000
Tak

10V
100 mA
7 VA

Napiecie
rodzaj napigcia napiecia roboczego
wykonanie zabezpieczenia napiecia ciagtego

wspotczynnik zakresu roboczego, zasilajgce napiecie sterujace,
warto$¢ znamionowa przy AC przy 50 Hz

e warto$¢ poczatkowa
e warto$¢ koncowa
wytrzymato$¢ na napiecie udarowe warto$¢ znamionowa
napiecie zasilajace
Napiegcie zasilania

AC
Tak

0,8
1,1

4 kV
250V

napigcie zasilajgce minimalny

250 V

Klasa ochrony

Stopien ochrony IP

IP20, z podtagczonymi przewodami

Zdolnos¢ przetaczania

zdolnos¢ taczeniowa mocy pozornej
e przy obcigzeniu $wietldwkami podwéjnymi
e przy obcigzeniu $wietldwkami z kompensacja réwnolegtg
e przy obcigzeniu $wietldwkami bez kompensaciji

zdolnos¢ taczeniowa pradu
e przy cos phi 0,6
e warto$¢ nominalna

zdolnos¢ taczeniowa mocy czynnej przy obcigzeniu lampg
zarowgq

900 VA
400 VA
500 VA

16 A
16 A
2000 W

Rozpraszanie
moc stratna [W]
e przy 16 A na zestyk warto$¢ znamionowa
e cewki magnetycznej przy impulsie warto$¢ znamionowa
Prad sterujacy

12W
45W

rodzaj napiecia
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e napiecia sterujgcego_1 AC
napiecie sterujace

e _1 warto$¢ poczatkowa 184 V
e _1 warto$¢ koncowa 253V
e _1 warto$¢ wymagana 230V

czestotliwos¢ napiecia sterujgcego

e _1 warto$¢ poczatkowa 50 Hz

e _1 warto$¢ koncowa 50 Hz
element sktadowy produktu wskaznik potozenia Tak
liczba zestykéw rozwiernych 0

liczba zestykéw zwiernych
liczba zestykéw przetacznych 0
Funkcja produkt

funkcja produktu bezposrednia obstuga Tak
czas trwania impulsu minimalny 50 ms
Liczba

liczba zaciskow 4

Potaczenia

przekrdj mozliwego do podtaczenia przewodu przy przewodzie
elastycznym z tulejkg kablowg

e minimalny 1 mm?
o maksymalny 6 mm?
przekréj mozliwego do podtaczenia przewodu przy przewodzie
sztywnym
e minimalny 1 mm?
e maksymalny 6 mm?
e moment dokrecenia przy zacisku srubowym minimalny 0,8 N'm
e moment dokrecania w przypadku przytacza srubowego 1N'm
maksymalny

Konstrukcja mechaniczna

szeroko$¢ otwarcia zestykow 1,2 mm

wysoko$¢é montazowa 90 mm

gtebokos¢ montazowa 70 mm

liczba jednostek podziatu szerokos$ci 1

rodzaj montazu Szyna montazowa DIN
pozycja montazowa Dowolny

odlegto$¢ do zachowania do czesci czynnych 6 mm

masa netto 123 g

Warunki srodowiskowe

temperatura otoczenia podczas pracy

e minimalny -10°C
e maksymalny 40 °C
General Product Approval Declaration of Conformity

Confirmation g Miscellaneous E H [ c E l ' K

—
VIDE EG-Knnf,
Test Certificates other Environment
Miscellaneous Miscellaneous Confirmation Environmental Con-

firmations

Wiecej informacji
Siemens has decided to exit the Russian market (see here).
https://press.siemens.com/global/en/pressrelease/siemens-wind-down-russian-business

5TT41010 Zmiany zastrzeone
Strona 2/5 9.10.2023 © Copyright Siemens


https://support.industry.siemens.com/cs/WW/pl/ps/5TT4101-0/Certificate?ct=439&ci=454&cao=553
https://support.industry.siemens.com/cs/WW/pl/ps/5TT4101-0/Certificate?ct=439&ci=500&cao=587
https://support.industry.siemens.com/cs/WW/pl/ps/5TT4101-0/Certificate?ct=439&ci=502&cao=591
https://support.industry.siemens.com/cs/WW/pl/ps/5TT4101-0/Certificate?ct=439&ci=3020&cao=4488
https://support.industry.siemens.com/cs/WW/pl/ps/5TT4101-0/Certificate?ct=444&ci=526&cao=553
https://support.industry.siemens.com/cs/WW/pl/ps/5TT4101-0/Certificate?ct=444&ci=5596&cao=553
https://support.industry.siemens.com/cs/WW/pl/ps/5TT4101-0/Certificate?ct=445&ci=502&cao=553
https://support.industry.siemens.com/cs/WW/pl/ps/5TT4101-0/Certificate?ct=447&ci=502&cao=553
https://support.industry.siemens.com/cs/WW/pl/ps/5TT4101-0/Certificate?ct=447&ci=454&cao=553
https://support.industry.siemens.com/cs/WW/pl/ps/5TT4101-0/Certificate?ct=5669&ci=498&cao=553
https://support.industry.siemens.com/cs/WW/pl/ps/5TT4101-0/Certificate?ct=5669&ci=498&cao=553
https://press.siemens.com/global/en/pressrelease/siemens-wind-down-russian-business

Siemens is working on the renewal of the current EAC certificates.

Please contact your local Siemens office on the status of validity of the EAC certification if you intend to import or offer to supply these products to an
EAC relevant market (other than the sanctioned EAEU member states Russia or Belarus).

Informacje dotyczace opakowania

Informacje dotyczace opakowania

Information- and Downloadcenter (Catalogs, Brochures,...)
http://www.siemens.com/lowvoltage/catalogs

Industry Mall (Online ordering system)
https://mall.industry.siemens.com/mall/en/en/Catalog/product?mlifb=5TT4101-0

Service&Support (Manuals, Certificates, Characteristics, FAQs,...)
https://support.industry.siemens.com/cs/ww/pl/ps/5TT4101-0

Image database (product images, 2D dimension drawings, 3D models, device circuit diagrams, ...)
http://www.automation.siemens.com/bilddb/cax_en.aspx?mifb=5TT4101-0

CAx-Online-Generator

http://www.siemens.com/cax

Tender specifications

http://www.siemens.com/specifications
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Informacje dotycz�ce opakowania
http://www.siemens.com/lowvoltage/catalogs
https://mall.industry.siemens.com/mall/en/en/Catalog/product?mlfb=5TT4101-0
https://support.industry.siemens.com/cs/ww/pl/ps/5TT4101-0
http://www.automation.siemens.com/bilddb/cax_en.aspx?mlfb=5TT4101-0
http://www.siemens.com/cax
http://www.siemens.com/specifications
https://www.automation.siemens.com/bilddb/index.aspx?objKey=G_I202_XX_75107
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https://www.automation.siemens.com/bilddb/index.aspx?objKey=G_I202_XX_77570
https://www.automation.siemens.com/bilddb/interfaces/InterfaceImageDB.asmx/GetImageVariantByMLFB?interfaceuserid=TED&objecttype=60&imagevariantid=73&articlenumber=5TT41010&lang=pl,XX
https://support.industry.siemens.com/cs/ww/pl/pv/5TT41010
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