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APPLICABLE FPC/FFC
RECOMMENDED DIMENSION
PACKAGED ON TAPE & REEL
fﬂifefi';'_CAT'ON51 Positions: 4 thru 40
‘ - . A = .039 [1.00] x No. of Spaces
Insulator: Hi—temp thermoplastic, rated UL 94V-0 B
Insulator color: Natural B = A+ .083[210]
Actuator: Hi—temp thermoplastic, rated UL 94V—0, color: Black C= A+ .295 [7.50]
Contact: Phosphor Bronze UNLESS OTHERWISE SPECIFIED ALL DIMENSIONS 909 Rahway Avenue,

Holddown: Brass

ARE INCHES [MM]. TOLERANCES: EXCEPT AS NOTED

ADAM-=

Union, NJ 07083

Plating: . INCHES HOLES
E:Qct:i)g;:r Nickel underplate overall. %X 2118%: §§§X ?g?g ETECH Eho_ne: 908-687-5000
Current rating: 0.5A max - ’ : ’ ax: 908-687-5710
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