HDMI v2.0 CABLE

]IF
RECOMMENDED HIGH RESOLUTION HIGH SPEED
FOR: PLAYSTATION 4096X2160 HDMI CABLE

WITH ETHERNET

Bl TECHNICAL SPECIFICATION

High speed HDMI cable with Ethernet
Version: HDMI v2.0
Length: 1,8m

Plugs: 2x HDMI A, male 19 pin, 24k gold-plated 5
E

Supports: n
- high resolutions up to 4K@60Hz and 1080p@240Hz .4
- HDR 2
m

- Ethernet up to 100 Mb/sek

- 3D and Deep Color

- Audio Return Channel

- multi channel audio Dolby TrueHD and DTS-HD Master Audio
- audio max. Aggregate Sample Rate 1536 kHz

- high resolutions up to 4k (4096x2160)

- Maximum signal bandwidth: 600 MHz

- Maximum bit rate TMDS: 18.00 Gbit/s

- Maximum video bit rate: 14.40 Gbit/s

- Dual View and 4 audio streams

MODEL: GCL-02 EAN: 5901986045625

Bl TECHNICAL SPECIFICATION

High speed HDMI cable with Ethernet
Version: HDMI v2.0
Length: 3m

Plugs: 2x HDMI A, male 19 pin, 24k gold-plated 5
2

Supports: n
- high resolutions up to 4K@60Hz and 1080p@240Hz ;
- HDR 7

- Ethernet up to 100 Mb/sek

- 3D and Deep Color

- Audio Return Channel

multi channel audio Dolby TrueHD and DTS-HD Master Audio
- audio max. Aggregate Sample Rate 1536 kHz

- high resolutions up to 4K (4096x2160)

- Maximum signal bandwidth: 600 MHz

- Maximum bit rate TMDS: 18.00 Gbit/s

- Maximum video bit rate: 14.40 Gbit/s

- Dual View and 4 audio streams
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