
ANGULAR HDMI CABLES

MODEL: CL-109 EAN: 5901986043799
Elmak Sp. z o.o.
ul. Morgowa 81

35-323 Rzeszow, Poland
-

www.savio.net.pl

MODEL: CL-108 EAN: 5901986043782

ANGULAR HDMI V2.0
CABLE WITH ETHERNET

TECHNICAL SPECIFICATION

Supports:

– resolution up to 4 K
– 3D
– Deep Color
– Dolby TrueHD
– DTS-HD Master Audio
– Ethernet do 100 MB/s

Operating direction: works both ways

Connectors:

– HDMI A (M), 19 pin, goldplated,    
    full copper
– HDMI A (M), 19 pin, goldplated, 
    angular, full copper

Standard: HDMI v2.0

Length: 1.5 m

AWG/OD: 30 / 6 mm

ANGULAR HDMI V2.0 CABLE WITH ETHERNET
TECHNICAL SPECIFICATION

Supports:

– resolution up to 4 K
– 3D
– Deep Color
– Dolby TrueHD
– DTS-HD Master Audio
– Ethernet do 100 MB/s

Operating direction: works both ways

Connectors:

– HDMI A (M), 19 pin, goldplated,    
    full copper
– HDMI A (M), 19 pin, goldplated, 
    angular, full copper

Standard: HDMI v2.0

Length: 1.5 m

AWG/OD: 30 / 6 mm
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ANGULAR HDMI V1.4
CABLE WITH ETHERNET

TECHNICAL SPECIFICATION

Supports:

– resolution up to 4 K
– 3D
– Deep Color
– Dolby TrueHD
– DTS-HD Master Audio
– Ethernet do 100 MB/s

Operating direction: works both ways

    

    

Standard: HDMI v2.0

Length: 1.5 m

AWG/OD: 30 / 6 mm HDMI


