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BNC video connector cable (RG59), double shielded
Connectors: 2x BNC male
Contacts: nickel-plated (gold-plated pins)
Conductor area: 0.324 m®
AVG: 22
Composition of conductor: 1 x 0.643 mm
Conductor material: CCS
Insulation material: PE
Jacket material: PVC
Consuctor resistance: 300 £ 10 Q/km
Shielding: 30 % coverage
Capacitance: 58 £ 5 pF/m
Cable OD: 6.0 £ 0.2 mm
Weight: 4 + 2 g/m
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