NOTES:
1. MATERIALS AND FINISHES(PLATING THICKNESS IN MICRO—=INCHES):
BODY — ZINC DIECAST, NICKEL PLATING
CONTACT-FEMALE
CONTACT—MALE

BECU, GOLD PLATING
BRASS, PURE MATTE TIN

INSULATOR - PTFE
INSULATOR — PBT

2. ELECTRICAL:
A. IMPEDANCE: 50 OHM

B. FREQUENCY RANGE: DC 0-11 GHz
C. DIELECTRIC WITHSTANDING VOLTAGE:
5. MECHANICAL:

A. DURABILITY: 500 CYCLES MIN.
MAX. PCB PANEL THICKNESS=2.54mm
OPERATING TEMP. RANGES —40 TO +85 DEG CENTIGRADE.

6. BULKPACK 500 CONNECTORS IN "ANTI=STATIC" TRAY (50 PER TRAY)
PACKAGE 10 TRAYS IN CORROGATED SHIPPING CARTON.

7. @,zo,ozmm CRITICAL DIMENSIONS.

1500 VRMS, MIN.
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