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ENGINEER
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DRAWN
ERIC WANKOFF

FINISH

DRAWING NO. 31-6575

ITEM NO. 31-6575

PART NO. 31-6575

NOTES:

1.  MATERIALS AND FINISHES:

     BODY - PBT 15% G.F. , BLACK
     CONTACT - PHOSPHOR BRONZE, GOLD PLATING (.000003 THICK)
       @ CONTACT AREA ONLY, TIN PLATING AT TAIL, NICKEL PLATED OVERALL
     INSULATOR - POLYPROPYLENE
     ROUND PIN - BRASS, TIN PLATING
     GROUNDNG TERMINAL - STEEL, TIN PLATING
2.  ELECTRICAL: 

     A. IMPEDANCE:  50 OHM

     B. FREQUENCY RANGE:  DC - 1 GHz

     C. DIELECTRIC WITHSTANDING VOLTAGE:  1500 VRMS, MIN. 

3.  MECHANICAL:

     A. DURABILITY:  500 CYCLES MIN.

     B. TEMPERATURE RANGE: -55 �$ C TO 85�$ C

4.  PACKAGING:

     A. PACKAGED IN PACKING TRAYS
     B. QUANTITY PER TRAY: 40


1/2"-28UNEF-THREAD

SCALE  1.000RECOMMENDED MOUNTING HOLE
     SCALE  1.000

PCB MOUNTING HOLE
   SCALE  1.000


	Sheet 2
	Views
	main_view
	right_14
	left_14
	new_view_17
	main_view
	main_view

	Zones
	A1



