NOTES:
1. MATERIALS AND FINISHES(PLATING THICKNESS IN MICRO-INCHES):
BODY — PHOSPHOR BRONZE, NICKEL PLATING
CONTACT — BRASS, GOLD PLATING '
INSULATOR - PTFE
2. ELECTRICAL:
A. IMPEDANCE: 75 OHM
B. FREQUENCY RANGE: DC—1 GHz
C. VSWR(RETURN LOSSRI: 1.5 MAX.
D. DIELECTRIC WITHSTANDING VOLTAGE: 750 VRMS, MIN.
3. CRIMPED FERRULE
HEX CRIMP SIZE .128"

CONTACT PIN TO SOLDER
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