NOTES: THIRD ANGLE PROJ. & & REVISIONS
REV DESCRIPTION DATE ECO APPR
- EéTgiéAéiRAgEUg‘N‘szTb\Y 300 A RELEASE TO MFG. [2/15/14 50311 | NR/BCG
BNC CRIMP JACK - 112965 B SEE SHEET | 117715 50608 BCG
CABLE - BELDEN 1694A
2. ELECTRICAL:
A. IMPEDANCE : 75 OHM, NOMINAL
B. FREQUENCY RANGE: DC - 4 GHz
C. VOLTAGE RATING: 500 VRMS
D. D.W.V: [000 VRMS
3. MECHANICAL:
A. TEMPERATURE RANGE : 0°C TO +50°C SCALE  0.500
4. PACKAGING:
A. QUANTITY: SINGLE PACK
B. MARKING: BAG TO BE MARKED
"AMPHENOL RF, 95-666-44882-X AND DATE CODE"
LENGTH XX.XX (SEE TABLE)
HD-BNC STR PLUG BELDEN 1694A BNC CRIMP JACK
CABLE
\ —
4/// B
HEAT SHRINK TUBE MARK ING :
TYP(2) AMPHENOL RF
95-666-44882-2 [2.000£0.315
95-666-44887- | 6.000£0. 197
PART NUMBER LENGTH XX.XX (INCH)
DESIGN REQUIREMENTS:
FREQUENCY : DC TO 4 GHz CONTINUITY
[ Jwswr | MAX HI-POT: 1000 VRMS
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