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2. ELECTRICAL:
A. IMPEDANCE: 75 OHM A
B. FREQUENCY RANGE: DC - 2 GHz 1571 =0 -@
D. DIELECTRIC WITHSTANDING VOLTAGE: 300 VRMS, MIN,
SCALE 1.000
3. MECHANICAL: p— I o [
A DURABILITY: 500 CYCLES MIN. .
B. TEMPERATURE RANGE: -20°C TO +75C
4. CRIMPED FERRULE
HEX. CRIMP SI/ZE 324" RECOMMENDED
CABLE STRIPPING DIM’S
5. CRIMPED CONTACT PIN
SQ. CRIMP SIZE .042" OR SOLDER
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