REV. DATE DESCRIPTION
NC 06,/03/96 INITIAL RELEASE
A 10/01/06 UPDATE DRAWING FORMAT
B 10/19/06 REVISE BODY PLATING TO NEXCOTE
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TOLERANCES FOR MILLIMETERS ARE:
6 0.5 — 8mm % 0.20mm CHECKED
= 8 — 30mm + 0.40mm PART DESCRIPTION s
” 30 — 120mm £ 0.50mm |SSUED N "T° ADAPTER
3 CONTACT PIN BRASS GOLD 3 TOLERANGES FOR WOUES ARE: py— JACK-PLUG-JACK
2 INSULATOR TEFLON NATURAL 1 020 - .315 = £ 0.007" 1 OF 1
315 — 1.180 = £ 0.015" PART NO. 172125
1 BODY BRASS NEXCOTE 1 1180 — 4724 = + 0.020"
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