NOTES: THIRD ANGLE PROJ. & & REVISIONS
REV DESCRIPTION DATE ECO APPR
. MATERTALS AND FINISHES: A UPDATE FERRULE DIMENSIONS 19-Nov-02 GRS
FERRULE - BRASS. BRIGHT TIN PLATING B THE COUPLING NUT WAS CHANGED\RD-DM06071801C 01-Aug-06 AW
BODY - BRASS, BRIGHT TIN PLATING fae—— 8,7 - = C SYNC. THE CONTACT WAS CAHNGED\RD-DMI6I12101K?2 21-Nov-16 02441 KEN
CONTACT - BRASS, BRIGHT TIN PLATING [ 3723]
COUPLING NUT - BRASS, BRIGHT TIN PLATING 39 B
INSULATOR - PTFE NATURAL [)\26]
2. ELECTRICAL: ?
A. IMPEDANCE - 75 OHM, NOMINAL 079
B. FREQUENCY RANGE: 0-1 GHz
C. D.W.v: 1500 VRMS, MIN.
3. MECHANICAL:
A. DURABILITY: 100 CYCLESOM\N. .
B. TEMPERATURE RANGE: -40°C TO +140°C RECOMMENDED
4. CRIMPED FERRULE HEX CRIMP SIZE . 128" CABLE STRIPPING DIM'S SCALE 5.000
5. CONTACT PIN TO SOLDER
E> SHOWS CABLE ENTRY DIMENSIONS.
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