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IMPEDANCE: 50 OHM

FREQUENCY RANGE: DC-6 GHZ

VSWR: 1.3 MAX.

DIELECTRIC WITHSTANDING VOLTAGE: 1500 VRMS, MIN.
DURABILITY: 500 CYCLES MIN.

TEMPERATURE RANGE: —-65°C TO +165°C
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0.5 — 6mm £ 0.10mm
6 RETAINER RING BRASS NICKEL 1 6 — 30mm + 0.20mm CHECKED PART DESCRIPTION
5 SPRING SK5 NATURAL 1 30 ~ 120mm % 0.30mm
4 WASHER BRASS NICKEL 1 N S roreD ISSUED
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